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Model No: 1XUF7 CAPACITOR (Required) 
Input Voltage 120 208 240 277V Capacitance 55µF ± 3% 

Operating Current 3.8 2.2 1.9 1.6 Case Max. Temperature 100°C 
Open Circuit Current  1.8 1.0 0.9 0.8 Minimum Volts 240V 

Lamp Starting Current 6.4 6.3 6.3 6.3   
Lamp ACF 1.6 1.6 1.6 1.6 

 
  

Recommended Fuse 10 8 5 5   
UL 1029 Bench Top Rise D D D D 

 
  

Input Power 443W  
Power Factor ≥ 90% IGNITOR (REQUIRED) 

Open Circuit Voltage 186 (175-210V) Igniter Model #HPS24 
Short Circuit Current (Sec.) 4.6 - 7.5 A Pulse Height (kV) 2.5 ~ 4.0 

Insulation System Class H, 180°C Pulse Width (≥µs) 1.0 
A 2.3" Ballast Type High Pressure Sodium Ballast Dimension
B 4.4" Lamp 400W S-51 

Ballast Net Weight 13.6 lbs. Min. Starting Temp. -40°F / -40°C 
Leads 12"-Cross Link Polyolefin Regulation Industry Standard 

Circuit Type CWA Input Frequency 60 Hz 
 
Dimensions 

                              
1 7/64"

5 5/8"

11/16"

7 1/4"

 
Bracket Kit 
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