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ARE COMBINATION

ROBERTSON/PHILLIPS/SLOTTED HEAD.

LIST OF PARTS
DESCRIPTION MATERI AL FINISH
BLADE_HOLDER NYLON NATURAL
RETAINER |POLYCARBONATE] _ CLEAR
CASING NYLON NATURAL
WIRE CLAMPS |.062 CRS| NICKEL PL
CONTACT BLADES | ,060 *
BRASS
[GROUND _CONTACT |__.040
BLADE BRASS
BINDING SCREWS | BRASS *
BROUND HEX HEAD| PBRASS GREEN
BINDING SCREW
MTG. SCREWS "BRASS | NICKEL PL |
ASSEM FASTENERS| STEEL ZINC PL |
*WHITE FINISH ON NEUTRAL

PARTS WHEN USED
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SYM REVISIONS

APP

DATE

CAT. NO. [CONFIGURATION| RATING UL | CcsA
NEMA S

HBLS278C | 5-15P  (yg7p)|15A- 125V.| YES | YES
NEMA T

HBLS378C | 5-20P (o) |20A. 125V.| YES | YES
NEMA B

HBLS478C | 6-20P (%) |20A. 250V.| YES | YES
NEMA S

HBLS678C | 6-15P (o) [15A. 250v.| YES | YES

THE DESIGN AND DIMENSIONS OF THE
PRODUCT SHOWN ON THIS DRAWING ARE
SUBJECT TO CHANGE WITHOUT NOTICE
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