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20 Amp and 30 Amp Twist-Lock® Devices

Rating Plug/Connector
Poles/
Wires Color Plug Connector

Receptacle  
with Lift Cover

20
 A

m
p

NEMA L5-20  
20A 125V

20A 125V
NEMA L5-20P

UL/CSA
1 HP

G

W

 
20A 125V

NEMA L5-20R
UL/CSA

1 HP

G

W

2P/3W
Yellow
Black
Clear

HBL26W47
HBL26W47BK
HBL26W47WC

HBL27W47
HBL27W47BK
HBL27W47WC

HBL67W47
       —
       —

NEMA L6-20  
20A 250V

20A 250V
NEMA L6-20P

UL/CSA
2 HP

G

X

Y  
20A 250V

NEMA L6-20R
UL/CSA

2 HP

G

X

Y

2P/3W
Yellow
Black

HBL26W48
HBL26W48BK

HBL27W48
HBL27W48BK

HBL67W48
HBL67W48BK

NEMA L7-20  
20A 277V AC

20A 277V AC
NEMA L7-20P

UL/CSA

 
20A 277V AC
NEMA L7-20R

UL/CSA
2 HP

2P/3W
Yellow HBL26W49 HBL27W49 HBL67W49

NEMA L14-20  
20A 125/250V AC

20A 125/250V AC
NEMA L14-20P

UL/CSA
2 (1) HP

W G

X

Y  
20A 125/250V
NEMA L14-20R

UL/CSA
2 (1) HP

G W

X

Y

3P/4W
Yellow HBL26W74 HBL27W74 HBL67W74

NEMA L15-20 
20A 3Ø 250V AC

20A 3Ø 250V AC
NEMA L15-20P

UL/CSA
3 HP

Y G

X

Z  
20A 3Ø 250V AC

NEMA L15-20R
UL/CSA

3 HP

G Y

X

Z

3P/4W
Yellow 
Black

HBL26W75
HBL26W75BK

HBL27W75
HBL27W75BK

HBL67W75
HBL67W75BK

NEMA L16-20 
20A 3Ø 480V AC

20A 3Ø 480V AC
NEMA L16-20P

UL/CSA
5 HP

Y G

X

Z  
20A 3Ø 480V AC

NEMA L16-20R
UL/CSA

5 HP

G Y

X

Z

3P/4W
Yellow 
Black

HBL26W76
HBL26W76BK

HBL27W76
HBL27W76BK

HBL67W76
HBL67W76BK

NEMA L21-20 
20A 3ØY 120/208V AC

20A 3ØY
120/208V AC
NEMA L21-20P

UL/CSA
2 HP

Y W

X

Z

G

 
20A 3ØY

120/208V AC
NEMA L21-20R

UL/CSA
2 HP

W Y

X

Z

G 4P/5W
Yellow 
Black

HBL26W81
HBL26W81BK

HBL27W81
HBL27W81BK

HBL67W81
       —

NEMA L22-20 
20A 3ØY 277/480V AC

20A 3ØY
277/480V AC
NEMA L22-20P

UL/CSA
5 HP

Y W

X

Z

G

 
20A 3ØY

277/480V AC
NEMA L22-20R

UL/CSA
5 HP

YW

X

Z

G 4P/5W
Yellow HBL26W82 HBL27W82 HBL67W82

NEMA L23-20 
20A 3ØY 347/600V

20A 3ØY
347/600V AC
NEMA L23-20P

UL/CSA

W
G

Y

X

Z  
20A 3ØY

347/600V AC
NEMA L23-20R

UL/CSA

YW

X

Z

G 4P/5W
Yellow HBL26W83 HBL27W83 HBL67W83

20A 125/250V  
Non-NEMA

20A 125/250V
Non-NEMA

W

X

Y

3P 3W

 
20A 125/250V

Non-NEMA

W

X

Y

3P 3W

3P/3W
Yellow HBL26W08 HBL27W08 HBL67W08

20A 3ØY 
120/208V AC  
Non-NEMA 20A 3Ø Y

120/208V AC
Non-NEMA

Y

W

X Z

4P 4W

 
20A 3Ø Y

120/208V AC
Non-NEMA

Y

W

XZ

4P 4W

4P/4W
Yellow HBL26W09 HBL27W09 HBL67W09

30
 A

m
p

NEMA L5-30  
30A 125V

30A 125V
NEMA L5-30P

UL/CSA
2 HP

G

W

 
30A 125V

NEMA L5-30R
UL/CSA

2 HP

G

W

2P/3W
Yellow 
Black

HBL28W47
HBL28W47BK

HBL29W47
HBL29W47BK

HBL69W47
       —

NEMA L6-30  
30A 250V

30A 250V
NEMA L6-30P

UL/CSA
2 HP

G

X

Y  
30A 250V

NEMA L6-30R
UL/CSA

2 HP

G

X

Y

2P/3W
Yellow 
Black

HBL28W48
      —

HBL29W48
      —

HBL69W48
HBL69W48BK

NEMA L7-30  
30A 277V AC

30A 277V AC
NEMA L7-30P

UL/CSA
3 HP

 
30A 277V AC
NEMA L7-30R

UL/CSA
3 HP

G

W

2P/3W
Yellow HBL28W49 HBL29W49 HBL69W49

NEMA L14-30  
30A 125/250V AC

30A 125/250V
NEMA L14-30P

UL/CSA
2 (2) HP

GW

X

Y  
30A 125/250V
NEMA L14-30R

UL/CSA
2 (2) HP

G W

X

Y

3P/4W
Yellow HBL28W74 HBL29W74 HBL69W74

NEMA L15-30 
30A 3Ø 250V AC

30A 3Ø 250V AC
NEMA L15-30P

UL/CSA
3 HP

GY

X

Z  
30A 3Ø 250V AC

NEMA L15-30R
UL/CSA

3 HP

G Y

X

Z

3P/4W
Yellow 
Black

HBL28W75
HBL28W75BK

HBL29W75
HBL29W75BK

HBL69W75
HBL69W75BK

NEMA L16-30 
30A 3Ø 480V AC

30A 3Ø 480V AC
NEMA L16-30P

UL/CSA
10 HP

Y G

X

Z  
30A 3Ø 480V AC

NEMA L16-30R
UL/CSA
10 HP

YG

X

Z

3P/4W
Yellow 
Black

HBL28W76
HBL28W76BK

HBL29W76
HBL29W76BK

HBL69W76
HBL69W76BK

NEMA L17-30 
30A 3Ø 600V AC

30A 3Ø 600V AC
NEMA L17-30P

UL/CSA

Y G

X

Z  
30A 3Ø 600V AC

NEMA L17-30R
UL/CSA

YG

X

Z

3P/4W
Yellow HBL28W77 HBL29W77 HBL69W77

NEMA L18-30  
30A 3ØY 120/208V AC

30A 3ØY
120/208V AC
NEMA L18-30P

UL Listed
3 HP

WY

X

Z  
30A 3ØY

120/208V AC
NEMA L18-30R

UL Listed
3 HP

W Y

X

Z

4P/4W
Yellow HBL28W78 HBL29W78        —

NEMA L21-30 
30A 3ØY 120/208V AC

30A 3ØY
120/208V AC
NEMA L21-30P

UL/CSA
3 HP

WY

X

Z

G

 
30A 3ØY

120/208V AC
NEMA L21-30R

UL/CSA
3 HP

W Y

X

Z

G 4P/5W
Yellow 
Black

HBL28W81
HBL28W81BK

HBL29W81
HBL29W81BK

HBL69W81
       —

NEMA L22-30 
30A 3ØY 277/480V AC

30A 3ØY
277/480V AC
NEMA L22-30P

UL/CSA
10 HP

Y W

X

Z

G

 
30A 3ØY

277/480V AC
NEMA L22-30R

UL/CSA
10 HP

YW

X

Z

G 4P/5W
Yellow HBL28W82 HBL29W82 HBL69W82

NEMA L23-30 
30A 3ØY 347/600V AC

30A 3ØY
347/600V AC
NEMA L23-30P

UL/CSA

Y W

X

Z

G

 
30A 3ØY

347/600V AC
NEMA L23-30R

UL/CSA

YW

X

Z

G 4P/5W
Yellow HBL28W83 HBL29W83 HBL69W83

30A 125/250V  
Non-NEMA

30A 125/250V
Non-NEMA

Not UL Listed

W

X

Y

3P 3W

 
30A 125/250V

Non-NEMA
Not UL Listed

W

X

Y

3P 3W

3P/3W
Yellow HBL28W08 HBL29W08 HBL69W08

30A 3ØY 
120/208V AC  
Non-NEMA 30A 3Ø Y

120/208V AC
Non-NEMA

Not UL Listed

X

Z

W Y

4P 4W

 
30A 3Ø Y

120/208V AC
Non-NEMA

Not UL Listed

X

Z

WY

4P 4W

4P/4W
Yellow HBL28W09 HBL29W09        —

Note: *Single and duplex receptacles while in use, not with cover closed.

HBL26W47

HBL24W47A

HBL26W47WC

HBL27W47

HBL27W47BK

HBL67W48

HBL25W47A

HBL27W47WC

IP69k

IP65,66,67,69k*
SUITABILITY

UL Type 4, 4X, 6P




